
2.92

FOR FURTHER TECHNICAL
DETAILS ON THIS
PRODUCT REQUEST
CATALOG REFERENCE
E104 & N261

ME C H A N I C A L VA LV E S

SE R I E S (N)VM800

T E C H N I C A L

SPECIFICATIONS

Fluid Air

Operating Pressure 0 ~ 9.9 Bar / 0 ~ 144PSI

Ambient and Fluid Temperature 5 ~ 60°C / 41 ~ 140ºF

Effective Orifice (Cv Ffactor) 6mm2(0.33)

Recommended Lubricant Turbine Oil #1 ( ISO VG32)

Port Size 1⁄8

3/2 ME C H A N I C A L VA LV E 1⁄8
(N)VM800 SE R I E S

3 ⁄ 2  No rma l l y  Open  o r  No rma l l y  C l o s ed  Va l v e
A  Va r i e t y  O f  Ac tua to r  Type s  Ava i l ab l e
Robus t  De s i gn

APPLICATIONS

(N)VM830 01

H O W T O

O R D E R

( N ) V M 8 0 0  V A L V E

00 …Bas i c  Type
01 …Ro l l e r  L e ve r
13 …Ad ju s t ab l e  Ro l l e r  L e ve r
14 …Ad ju s t ab l e  Rod  L e ve r
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N V M 8 0 0 A C T U AT O R O N LY
Ro l l e r  l e v e r …………………VM-01F
Ad ju s t ab l e  ro l l e r  l e v e r ……VM-13F
Ad ju s t ab l e  rod  l e v e r ………VM14F
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* Remove  (N )  when
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