Finger Valve

VHK-A Series

With a function to prevent the knob from
coming out

Large effective area: 2.0 to 17.5 mm?
Reduced operating force

Poppet valve construction seldom suffers
seal defection.

The series begins with the min. tubing 0.D. of o4.
Selection from four types in accordance
with the piping specifications

The 3-port valve discharges residual pressure
from 2(A) with the handle set at SHUT.

(There is no exhaust port.)
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) B o 2-port valve
Flame . (Gray)
resistant 5 ‘]
type -

With flame resistant cover

The valve direction clearly indicates
whether the valve is open or closed.
(SHUT-OPEN: Counterclockwise)

SHUT

2-port valves and 3-port valves can be
distinguished by the color of their knobs.

Knob:

2-port valve: Gray

3-port valve: Blue

2/3-port valve: Red- (Option)

3(R) (Exh_au_sl) (E(l\aust) 3(R)
1) | . - I 28
Symbol
2-port valve 3-port valve
(A) (A)
2 2
| |
1 113
(P) (P) (R)
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Specifications
Valve 2/3-port valves
Fluid Air
Proof pressure 1.5 MPa
Max. operating pressure Note 1) 1.0 MPa
Operating vacuum pressure* -100 kPa
Ambient and fluid 0 to 60°C
A tubing material Note 2) Nylon, Soft nylon, Polyurethane
A y (Option) Bracket

Note 1) Please note that when the valve is used at micro pressures of 0.1 MPa or less, valve leakage may

be more than the standard value (5 cm'

3/min).

Note 2) Use caution about the maximum operating pressure when soft nylon or polyurethane tubing is used.
(Refer to Best Pneumatics No. 7 for details.)

# Use VHK2 (2-port valve) for vacuum applicati

Construction

2-port valve: VHK2A series

Component Parts

on.

3-port valve: VHK3A series

No. Description Material Note
1 Body Standard type PBT
Flame resistant type |Flame resistant PBT (UL standard V-0)
Standard type
2 Knob Flame resistant type |Flame resistant PBT (UL standard V-0)
Flame resistant CR Applicable to the
3 Cover (UL standard V-0) ﬁaégsérreg:'ﬁiyam
4 Cam ring POM
5 Stem POM
. . rass
6 Spring guide Electroless nickel plated
7 Spring Stainless steel
8 Seal NBR
9 O-ring NBR
10 | Valve ‘ NBR
Standard type POM
" Cassette Flame resistant type | Flame resistant PBT(UL standard V-0)
Replacement Parts
Model
* One-touch fitting * One-touch fitting

Description

Applicable tubing O.D. 68 or less |  Applicable tubing O.D. &10 or more
 1(P)-Male thread * 2(A)-Male thread

Port size R3/8 or more

Bracket assemblyNote 2)

Part no
VHK-B1ANt 1) I VHK-B2AN 1)

Note 1) For details on selection of each bracket assembly part no., refer to the tables

on page 1687-3.

Note 2) The bracket, bolts, nuts, and washers are supplied with the bracket assembly.



How to Order Y

Finger Valve VHK'A Series

X
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SEneEcky e VHK @ - @ -
Made to order
Flame resistant type VHK A R—|04F |-| 04F
Flame cover
Bracket Nil None
Valve model m With cover
C | (For One-touch
2] port valve "
3.p0n valve Flame resistant type With L-bracket fitting only)
* Bracket and screws
are attached.
1(P) port size
04F o4 Knob color
06 26 . Nil 2-portvalve | Gray
08F o8 2(A) port size (Standard) | 3-port valve | Blue
05 210 04F o4 R 2-port valve
12F 212 06F 6 Opti - Red
M5 M5 X 0.8 GoE o8 (Option) | 3-port valve
018 RY/g 10F 210
02s RV4 12F 212
03s R¥s M5 M5 x 0.8
04s RY2 01S R1s
02s R4
03s R3s
04s R4
Standard Type
®) an ®) 0] 1®) a0 || e 0 | |VM
ol o] ol Je] e oo
VMG
1(P): One-touch fitting 1(P): Male thread 1(P): One-touch fitting 1(P): Male thread VR
2(A): One-touch fitting 2(A): One-touch fitting 2(A): Male thread 2(A): Male thread
2(A) | Applicable tubing O.D. (mm) 2(A) | Applicable tubing O.D. (mm) 2(A) Port size R 2(A) Port size R VR51
1(P) o4 | 06 | @8 |010|012| | 1(P) 04 | 06 | 08 |010|012| | 1(P) M5 | Ve | 1a| % |12 1(P) M5 | Ve | Va| % | 12
2 |04 | @ M5 | @ | @ 2 g4 @@ M5 | @ m
é’é o |4 = [
ZE| 06| @ | @ w/a... 2E 06| ® © @ | O m/a..
o £ N o £ N VH
57| o8 LN J @ | Va ® ©® O o 58 L AN BN J CRIRZ) [ NN ]
ga 5 e =
£5/ 010 o0 S| % (e 0 0| £5 00 o 0|0 | |5 |% o0 WHSD
< |ot2 oo A o 0|2 [on2 o[ofe A oo

Flame Resistant Type

1(P): One-touch fitting
2(A): One-touch fitting

oo

1(P): Male thread
2(A): Male thread

2(A) | Applicable tubing O.D. (mm) 2(A) Port size R
1(P) 04 | 06 | 08 |010|012| | 1(P) Yo |1a|% |12
2 |o4| @ || ®
SE| 06 ) 2 °
o E @
5| @8 L] £ | 34 °
ga &
20| 010 [ 12 [
< |ot2 °

UL-94 Standard V-0 equivalent)

=
==
w
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VHK-A Series

1(P)/2(A): One-touch Fitting

2x04.5

L \ 017.7
’ 2x04.2
‘\ ) ) _lm M2
L o: w) = e A ) °
of HdrpaH
LA
L5, 3
L3 | (L9
L2
Applicable tubing Flow rate characteristics Weight Bracket mounting dimensions
0.D. (mm) Model H|L 2|3 (L4 |L5|Le |Mi|mM2| Q[ 1(P—2A) 2(A)>3R) (g)’ Backel | o 0T e e lalylk
1(P) | 2(A) miste] b | Cv omista]] b | Cv assembly no.
4 4 | VHKOA-O4F-04F | 18 | 41 [476(238] 238|165 3.5 | 158]158] 11 | 0.7 | 0.15| 0.14 | 025| 06 |0.06| 15 | VHK-BIA |445[145] 1 |27 | 22 |165] 26
4| VHKOA-06F-04F 48 257 158 10 [0450.21]025] 06 [006] 15
8 6 | vHKoA-06F06F | '° | 1 [286]%*%[243] "0%| % |8 [168] ' [1.4 [0.15] 0.35] 0.25 | 06 [006| 16 | TNDIA [445)145) 1|27 22 165 26
6 | VHKOA-08F-06F 505], 243 168 2 [015]036]025] 06 |006] 16
8 o Turkonoaroar | 18 | 41 [xaa122 5601 185(35 [ 187 He ot 11 o To%a Toao Toos |06 Toos| 17| VHKBIA [#5(145| 1| 27| 22 165 26
8 | VHKOA-10F-08F 565 28 187 27 [0.15] 055|067 | 06 |0.16] 28
10 0 [vekoador10r] 2 | %6 [e1 %5 [a05] %] * |©®208] " 5.1 [0.15 | 065 0.67] 06 |0.16] 29 | VMKB2A |49 17] 113025 |215] 31
10| VHKOA-12F-10F 62 25 208 33 | 0.15]068] 0.67] 0.6 |0.16] 31
2 12 [vekoadzrtar] 2 | % [63 %9 a15]%'%) * |2'®[a16] " 34 (05| 070 0.67] 06 0.16] sp | VMKB2A |49 17| 13025 215] 31
=1 3-port valve
1(P): Male Thread, 2 (A): One-touch Fitting_
b
’q \ | 2x042
=S - M1
\’ 1) - 2(A ©
VL o ) 2(A)
8 of Hi-erhet ¥ o
5| | ] H " wt
y L) | L3
B
L2
C tion| Appicabe Flow rate characteristics Weight| +2 S Bracket mounting dimensions
thread R | 0.0.m) Model H|L1|L2|L3|L4|L5|L6 M1 Q| 1(P)>2(A) 2(A) 53R (g% g |0 Bracket clolalelalale
1P) | 2(A) ilstel] b | Cv_[Gistl] b | Cv flats) | assembly no.
4 | VHKOA-M5-04F 529/238(20.1 [158] . | 04 | 015010025 | 06 | 006| 19 |49 11
e 6| VHKOAMS-06F | ° | ' [559]2¢3]206] 2| >° [168] "' |04 | 015 010 | 025 | 06 | 006 | 21 | 50| 13| VMIBIA |445]145) 12722165 26
4 | VHKOA-01S-04F 554]238(316 [158] | 07 | 015|017 025 06 | 006 21 |51 11
8 6 VHKJA-01S-06F | 18 | 41 |56.9|24.3|32.6|16.5 35(16.8{ 11| 14 | 015|035 | 025 | 06 | 006 | 23 | 53 | 13 | VHK-B1A |445(145] 1 |27 | 22 [165| 26
8 | VHKOA-01S-08F 622(262( 36 187 19 | 015|047 [ 025 | 06 | 006| 31 | 58|17
6 | VHKOA-025-06F 604]243(36.1 168 14 | 015] 035 | 025 | 06 | 006 31 |54 14
1, |8 | VHKOA-02S06F 18| 41 Teazlzs2l 39| "% ®5 [187] " 19 [ 015 047 [ 025 | 06 [ 006 | s2 [ 50| 7] HKBIA |445)14 ] 27|22 |165) 26
10| VHKOA-02S-10F 788/305]433 [208] . | a1 [015] 078|067 | 06 | 016 49 |68 19
12| VHKOA02512F | 22 | “® [763]s15]a48]°™®| * [or8] " 34 [ 015 085 | 067 | 06 | 016 63 |70 20| VHKB2A [49]17] 3025215 31
6 | VHKOA-03S-06F 62.4]243(38.1 [168] . | 14 [ 015 035|025 | 06 | 006| 41 |56
o |8 [vaKoaosssr | " |*" [esalanal a0 | * fra7| " [T 015 [0er 025 |06 00| a0 [eo] V7 VHICBTA [s|na) |27 |22 [18] 28
10| VHKOA-03S-10F 748/305]443 [208] . | 31 |015] 078 | 067 | 06 | 016 51 |68 19
12 | VHKOA035-12F | 22 | *® [773]s15]458]2"°| * [218] " 34 | 015 085 | 067 | 06 | 016 64 | 71| 20| "HKB2A [49]17| |30] 2521531
10| VHKOA-04S-10F 782(305]47.7 208 | 81 | 015|078 | 067 | 06 |016] 72 |70
1 |208) g
"2 35 Tvhkonoaszr | 22 | *® [sna st ae7]2] ¢ [2r8] " (34 [ ots [oss os7 |06 [ote | 70 | 72] 22| VHKBRA |49 |17 130|265 215 5t

® 1687-3

+1 3-port valve 2 Reference dimensions after insertion of R thread.



1(P): One-touch Fitting_, 2(A): Male Thread

S,

s \

Finger

vave VHK-A Series

2x042
\\) } . ),
.
©
-
s
onnection| Flow rate Weight S Bracket mounting dimensions
0Dfm) | treadR | Model | H [L1|L2|L3|L4|L5|L6|M1|Q [ 1(P)>2(A) TN A [ T P [ g
1P| 20 Gast] b | Cv |G b | Cv | © flls) |assembly no.
M5 | VHKOA-04F-M5 1529/, - [294] 04 0.15[0.08]025] 0.6 | 0.08] 19 |49 |11
. Y| VHKOA0F015 | ' | 41 [55.4 2816|1539 |158) 1" 07 0.5 | 0.14 | 025 | 06 | 008] 21 | 51| 11| 'HKBIA |M5]145) 1127221165 26
M5 | VHKOA-06F-M5 [539] [206] 04 [0.15[008]025] 0.6 [008] 21 [50]13
s | VHKOA-06F-01S 569],, ,|326 1.4 015[035/025| 06 |0.08] 23 |53 |13
6 Vo TvHKOAQeF025 | 18 | ¢! M24.3ﬂ16.5 350168 11 = T3 eT 020 T0.25 | 06 To.08 | 31 Tsa |14 VHKBIA |45(145) 1|27 | 22 1165 26
¥ | VHKOA-06F-038 624|  [38.1 14 ]015]029/025]| 06 |0.08] 41 |56 |17
s | VHKOA-08F-01S [622| |36] 1.9 [0.15/039/025) 06 |0.08] 31 |58
8 s | VHKOA-08F-02S | 18 | 41 [65.2]26.2[ 39 |165|3.518.7| 11| 1.9 | 0.15]0.39] 0.25| 0.6 | 0.08| 32 |59 | 17 | VHK-BIA |445[145| 1 |27 | 22 165 26
% | VHKOIA-08F-038 66.2 40 1.9 [0.15]039/0.25] 06 |0.08] 40 |60
Ya__| VHKOA-10F-02S |738] [433] 311015/065] 067] 06 [021] 49 | o o
10 Y8 | VHKOA-10F-03S | 22 | 46 {748]30.5(44.3|215| 4 |20.8| 14 | 3.1 [ 0.15] 0.65| 0.67| 0.6 [ 021 51 VHK-B2A |49 [17 | 1 |30 |25 |215] 31
J VHKCA-10F-04S 782 |477 3.1]0.15[065(067] 06 [021] 72 [70] 22
[ VHKOA-12F-028 (763 |48 34 /0.15[0.70| 0.67 | 0.6 [021] 63 |70 VM
12 Y8 | VHKOA-12F-03S | 22 | 46 [77.3]31.5(458(215| 4 (218 14 | 3.4 | 015 0.70] 0.67] 0.6 [0.21] 64 |71 | 22 | VHK-B2A |49 |17 | 1 | 30|25 |215| 31
Y2 | VHKOA-12F-04S 802 |487 3.4 [0.15[070]067] 0.6 [021] 70 [ 72 MG
=1 3-port valve *2 Reference dimensions after insertion of R thread.
1(P)/2(A): Male Thread VR
K
J VR51
H' H
)' ) 2x04.2 |:
- i y - |:
W, * w ¥ g )
e W of i ernd1o
L5 =1
y L3 (L4) k
B
L2
Connection thread Flow rate Weight| +2 S | T Bracket mounting dimensions
Model H|L1|L2[L3|L4[L5|L6| Q [ __1(P)o2(A) 2(A)53(R)" (g‘; B |l racket clelelzlelalz
1P) [ 2A) ]l b | Cv [amistl] b | Cv fats) | fles) |assembly no.
M5 M5 | VHKOA-M5-M5 | 18 | 41 |58.2]29.1(29.1(165[3.5[ 11| 0.4 | 0.15]0.08|0.25] 0.6 | 0.06| 23 |51 | 11 | 11 [ VHK-B1A [445[145] 1 |27 |22 |165] 26
M5 | VHKOA-01S-M5 616 29 0.4 [0.15[0.08]0.25] 06 | 0.06| 26 |54 11
1 g0 6121 s g
% e [vhKkoA01S015 | 8 | #1 [652%0 (6] "®%| % | "' [ 16 [0.15] 035 0.05 | 0.6 [006] 30 [ 57 '° | 1g | VHKBIA |#5]145) 1 2722165 26
s | VHKOA-025-01S 716| ., [326 1.8 [0.15|037|0.25| 0.6 | 0.06]| 39 |62 13
1 221 39 [ REN :
Ve Vs [VHKOA025025 | " | *1 [78] % [30|"5|35 | 1" [0 05| 039 | 0.25| 0.6 | 006 47 | 66| '~ |17 HKBIA |M5]145) 112722165 26
s | VHKOA-035-028 85.1 408 2.7 |0.15]0.56] 0.67] 06 [0.16] 65 | 73 17
3 gy 32 = |
% % [vekoa0ssss| 2 | *° [ase| a2 ¢ | ™ a1 {015 066 067 06 [06] 72 [76] 10 19| YHKB2A 49| 17| 1|30 25 21531
%8 | VHKOA-045-038 93 43 2.8 [0.15]0.61[0.67] 06 [0.16] 90 |79 19
! 2487 o :
# o | VHKOA045-045 | 22 | *© (57474872 4 | ™ 5.4 [0.15] 071 | 067] 056 | 016 101 | 81| 22 [2p| VHKE2A [ 48|17 1 30| 25 ]215] 31

+1 3-port valve

+2 Reference dimensions after insertion of R thread.
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VHK-A Series

Flame Resistant Type: 1(P)/2(A): One-touch Fitting

-
-
1(P)
With flame resistant cover
L3 L4
L2
L7
Aoplcabl uing Flow rate characteristics Weiaht Bracket mounting dimensions
0D () Model H|L1|L2(L3|L4|L5|L6(L7| Q [M1|M2| 1(P)— 2(A) 2(A) — 3(R) (g‘-)‘ S Bracket clolelrlalylk
1(P)|2(A) Clamisbar]| b | Cv |Clamlistar]| b [ Cv. assembly no.
4 | 4 |VHKOAR-04F-04F | 18 | 41 |47.6/23.823.8/16.5(3.5(51.6] 11 [158/158] 0.4 |0.15/014] 0.25 |0.6[0.08] 15 |o144| VHK-B1A |445[145| 1 |27 | 22 [165| 26
6 | 6 |VHKOAR-06F-06F | 18 | 41 |48.6/24.3|24.3|16.5( 3.5 (52.6| 11 [16.8/16.8] 1.4 |0.15/035| 0.25 |0.6[0.08] 16 |016.8| VHK-B1A |445/145| 1 |27 | 22 [165| 26
8 | 8 |VHKOAR-08F-08F | 18 | 41 |52.4|26.2|26.2|16.5( 3.5 (56.4] 11 [18.7|187] 1.9 |015/039| 0.25 |06 [0.08] 17 |019.2| VHK-B1A |445[145| 1 |27 | 22 [165| 26
10 | 10 |VHKOAR-10F-10F | 22 | 46 | 61 [30.5[30.5|21.5| 4 | 65 | 14 |20.8{20.8| 3.1 [0.15{0.65| 0.67 |06 |021| 29 |0233| VHK-B2A |49 |17 | 1 |30 |25 [215] 31
12 | 12 |VHKOAR-12F-12F | 22 | 46 | 63 |31.5/31.5[21.5| 4 | 67 | 14 |21.8/21.8] 3.4 [0.15/0.70| 0.67 |06 [021| 32 |0257| VHK-B2A |49 |17 | 1 |30 |25 [215| 31
Flame Resistant Type: 1(P)/2(A): Male Thread
K
2x045 J
A
sefffes o+
(a2 Am ]
L= [ H&
2017.7
‘ ) 2 x 04.2
|
W) | o 20) @, °
of T erbd ok ol
s | . NS H| ' wl
y L3 (L4 h
B
L2
+ Reference dimensions after insertion of R thread
Connection Flow rate characteristics Weight S T Bracket mounting dimensions
teedh | Model | H |L1|L2|L3|L4|15|L6| @ [B*[ 1P -2 | 2)—3@) | " WM Brcet [ [T ek |k
1(P)|2(A) Clamlisbar] | b | Cv |Clamiistan]| b |Cv flats) | flats) | assembly no.
Yg | V6 | VHKOAR-01S-01S | 18 | 41 (65.2(32.6|32.6(165(3.5| 11 | 57 1.6 0.15(0.35| 0.25 [0.6[0.08) 30 13 13 | VHK-B1A |445(145| 1 |27 | 22 |165] 26
Ya | Va | VHKOAR-025-025| 18 | 41| 78 | 39 | 39 |165[3.5/11 |66 | 1.9 0.15/0.39| 0.25 |0.60.08 47 17 | 17 | VHK-B1A [445|145| 1 |27 |22 |165]| 26
Y8 | %6 | VHKOAR-03S-038 | 22 | 46 |88.6(44.3(44.3(215( 4 |14 /76| 3.1 [0.15/0.66] 0.67 |0.6]0.21] 72 19 | 19 | VHK-B2A (49 |17 | 1 | 30|25 |215) 31
Yo | Y2 |VHKOAR-04S-04S | 22 | 46 |97.4|48.7]487|215| 4 | 14|81 3.4 [0.15[0.71] 0.67 |0.6]0.21] 101 22 | 22 | VHK-B2A |49 17| 1 |30 |25 |215] 31

® 1687-5



VHK-A series
Made to Order 7

Please contact SMC for detailed dimensions, specifications, and lead times.
BB invouT size: Attered 174" Valve

VHK |2 |A-07F -07F - X205
Valve model I IN/OUT size: Altered 1/4" valve
1(P) port size: 1/4" Bracket
1/4"

ﬂ 2(A) port size: .m. None
Knob color With L-bracket
Nil 2-port valve | Gray + Bracket and screws

(Standard) | 3-port valve | Blue are attached.

R 2-port valve
(Option) | 3-port valve Red

E IN/OUT Size: Altered 5/16" Valve

VHK |2 |A-09F - 09F - X216
Valve model I IN/OUT size: Altered 5/16" valve
1(P) port size: 5/16"

n 2-port valve Bracket
- Lot ] 2(a) port ize: 516 AN
Knob color With L-bracket

Nil 2-portvalve | Gray « Bracket and screws

(Standard) | 3-port valve | Blue are attached.

R 2-port valve
(Option) |3-port valve Red

H

=
=
D

:
segEs

E IN/OUT Size: Altered 3/8" Valve

VHK ;A—11F—11F - X209 Ra1
Valve model IN/OUT size: Altered 3/8" valve

[ 2 | 2-portvalve | 1(P) port size: 3/8" Bracket
ﬂ 2(A) port size: 3/8" .m.
Knob color
Nil 2-port valve | Gray + Bracket and screws
(Standard) | 3-port valve | Blue are attached.
R 2-port valve Red VHS
(Option) | 3-port valve
ﬂ IN/OUT Size: Altered 1/2" Valve X247

VHK |2 ]|A-13F-13F - X247

Valve model IN/OUT size: Altered 1/2" valve
1(P) port size: 1/2" Bracket
12"

- | operate 200 port iz (RIT Tors
Knob color With L-bracket
Nil 2-port valve | Gray + Bracket and screws

(Standard) | 3-port valve | Blue are attached.

R 2-port valve
(Option) [3portvave| ¢

1687-6 @



VHK-A Series/Precautions

Be sure to read this before handling the products.
Refer to back page 50 for Safety Instructions and pages 3 to 9 for 3/4/5 Port

Solenoid Valve Precautions.

\ Design \

\ Piping

AWarning

1. Please contact SMC when fluids other than air are used.

2. Do not supply air pressure from 2(A) port. The air will leak out from 1(P)
port.

3. Since the valve allows a small volume of air leakage, it may not be

suitable for holding pressure in a pressure vessel.

\ Selection

A Caution

Operation method:

The valve must be switched to OPEN or SHUT instantly and securely.
Stopping the handle halfway between the extreme positions may cause
malfunction.

A\ Caution

Precautions for handling the male threads of the R pipe fitting with seal

1. Use a wrench to secure the hexagon portion to screw in the fitting. If the
size of the wrench is not appropriate it will be stripped.

2. To screw in the fitting, first hand-tighten; then, use a tool to rotate it 2 to 3
turns. If it is tightened excessively, more sealing agent will be forced out.
Therefore, make sure to remove the extra sealing agent.

3. Re-use of fittings:

1) Ordinarily, the fitting can be reused 2 to 3 times.

2) Before reusing the fitting, clear off the sealing agent that remains on
the removed pipe fitting using an air blower. If the sealing agent is
peeled off and enters the peripheral equipment, it can cause air
leakage.

3) If the sealing effect has been lost, wrap a seal tape over the sealing
agent to reuse the fitting. Do not use any sealing agent other than
seal tape.

\ Mounting |

\ One-touch Fitting

A\ Caution

L type bracket mounting:

Apply a tightening torque of 0.5 to 0.6 N-m to the bolts when the bracket is
mounted on the body.

® 1687-7

A Caution

1. When tubing of brands other than SMC’s are used, verify that the tubing
O.D. satisfies the following accuracy;

Within £0.1 mm

Within £0.1 mm

* Nylon tubing

« Soft nylon tubing
* Polyurethane tubing ------e-eeee Within +0.1 mm, —0.2 mm

If the tube’s external accuracy is not satisfied, it may not be possible to
connect the tube. Even if it is connected, air leakage or tube disconnection
may result.

sEEg A

w



HOW TO ORDER

VHK3-11F-

@ P-PORT SIZE @ A-PORT SIZE

VHK3-**-%%.X202

@ COLOR OF KNOB

@ Content of
Special Order

Symbol Size Symbol Size

11 3/8Inches 11 3/8 Inches

SPECIFICATIONS

PROOF PRESS. 1.5 MPa
MAX WORKIMG PRESS, 1.0 MPa
AMBIENT TEMP,AND WORKING FLUID TEMP, D~80°C
WORKING FLUID AR

CAUTIONS COMCERMING SPECIFICATIONS  ASSEMBLY .
AMD ITMSPECTION OF CUSTOM-MADE PRODUCTS

tDIFFEREMCE FROM THE STAKDARD TYPE,(VHE3I-10F-10F)

1.PARTS IN THE TITLE COLUMN DIFFER FROM STANDARD.
2.THE MATERIAL OF A GUIDE FOR A FITTING CASSETTE,

ANMD A SPRING GUIDE 15 STAIWLESS STEEL.

O
8

Symbol Mark Color Symbol Special Order
Nil Gray X202 Guide for fitting Cassette and
BU Blue spring guide are different
R Red
G Green
SHUT

SYMBOL

a2

—

MALE |

JhFAN

U

21.
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VHKS-**-**-X202

HOW TO ORDER

@

VHK3-11F-365

©]0)
LT -

X202

@ P-PORT SIZE @ A-PORT SIZE

@ COLOR OF KNOB

@ Bracket

Symbol Mark Color
Symbol Size Symbol Size Nil Gray Symbol | Type
11 3/8Inches 365 NPT 3/8 Inches BU Blue Nil None
R Red L L-Type
Green
SPECIFICATIONS —
PROOF PRESS. 1.5 MPA J
MAX ., WORKING PRESS. 1.0 MPAa L
OPERATING VACUUM PRESS, ~-100kPa{10 Torr} [
AMBIENT TEMP,AND WORKING FLUID TEMP, 0~80°C .
WORKING FLULID AlR —
. [E2

CAUTIONS COMNCERMWING SPECIFICATIONS, ASSEMELY ,

AND INSPECTION OF CUSTOM-MADE PRODUCTS

«0IFFERENCE FROM THE STANDARD TYPE, (WHK3-10F-03500)

. L.PARTS IN THE T1TLE COLUMM DIFFER FROM STANDARD.

~2.THE MATERIAL OF A GUID FOR A FITTING CASSETTE.
AND A SPRING GUIDE IS STAINLESS STEEL. ~
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gsvc P.G.Information (specialized product) SPO43M-021E

NPT Female thread Finger Valve

VHK***-X204 226

P:JO

SMC CORPORATION
1-16-4 Shimbashi, Minato-ku
Tokyo 105-0004, JAPAN

URL: http://www.smcworld.com

Feature : NPT Female thread
NPT1/4 NPT3/8
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Xep4

Knob
— - J
N B /(}\
/ I {ofmmel Ul N
NPT Female thread NPT Female thread
Specifications
Valve 2 port valve
Fluid Air
Proof pressure 1.5MPa
Maximum operating pressure 1.0MPa
Opereting vacume pressure -100kPa
Ambient and fluid temperature 5 to 60°C (No freezing)
How to Order
Valve
Thread model Knob color Bracket Model
NPT1/4” 2 Gray(Standard) VHK2-A35-A35-X204
Gray(Standard) VHK2-A36-A36-X226
NPT3/8" 9 Red ( R ) _ VHK2-A36-A36R-X226
Gray(Standard) | Addition VHK2-A36-A36L-X226
Red ( R ) Addition VHK2-A36-A36RL-X226




Dimensions: mm

VHK2-A35-A35-X204 ﬁﬁ
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Width across flats 11/16”

VHK2-A36-A3601 [0 -X226
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A Caution: To ensure the safest possible operation of this product, please be sure to read thoroughly the
“Safety Instructions” in our “Best Pneumatics” general catalog before use.
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NPT Male thread Finger Valve

VHK***-X204 226 233

@% P.G.Information (specialized product) SP043M-020E

P:JO

SMC CORPORATION
1-16-4 Shimbashi, Minato-ku
Tokyo 105-0004, JAPAN

URL: http://www.smcworld.com

Feature : NPT Male thread
NPT1/8 NPT1/4 NPT3/8

Knob
/

NPT Male thread

NPT Male thread

nf‘?lﬁn

Bracket
/

Specifications
Valve 2/3 port valve
Fluid Air
Proof pressure 1.5MPa
Maximum operating pressure 1.0MPa
Minimum operating pressure 0.1MPa

Opereting vacume pressure

-100kPa (2port valve)

Ambient and fluid temperature

5 to 60°C (No freezing)




How to Order

Thread Valve model Knob color Bracket Model
Blue(Standard) VHK3-34S-34S-X233
” Red ( R ) VHK3-34S-34SR-X233
NPT1/8 3 Blue(Standard) | Addition | VHK3-34S-34SL-X233
Red ( R) Addition | VHK3-34S-34SRL-X233
” Gray(Standard) VHK2-35S-35S-X204
NPT1/4 2 Red ( R) VHK2-35S-35SR-X204
Gray(Standard) VHK2-36S-36S-X226
5 Red ( R ) VHK2-36S-36SR-X226
Gray(Standard) | Addition | VHK2-36S-36SL-X226
NPT3/8" Red ( R ) Addition | VHK2-36S-36SRL-X226
Blue(Standard) VHK3-36S-36S-X226
3 Red ( R ) VHK3-36S-36SR-X226
Blue(Standard) | Addition | VHK3-36S-36SL-X226
Red ( R ) Addition | VHK3-36S-36SRL-X226

Dimensions; mm

VHK3-34S-34501 [0 -X233

H

all
™

41

1]
“[HLL]

A

*9p.

3

(31. 6

D)
NS4

2-NPT1/8
18

f—

63
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Reference dimensions after NPT thread installation.




VHK2-35S-35S01 OO0 -X204
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Reference dimensions after NPT thread installation.
VHK2-36S-36S0 [ -X226
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Reference dimensions after NPT thread installation.




VHK3-36S-36S01 1 -X226
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Reference dimensions after NPT thread installation.

A Caution: To ensure the safest possible operation of this product, please be sure to read thoroughly the
“Safety Instructions” in our “Best Pneumatics” general catalog before use.

©2004 SMC CORPORATION All Rights Reserved



SP043M-019E

@% P.G.Information (specialized product) P30

Finger Valve with Inch-size One-touch Fittings

SMC CORPORATION
1-16-4 Shimbashi, Minato-ku
Tokyo 105-0004, JAPAN

VH K***_XZ 05 209 2 16 URL: http://www.smcworld.com

Feature : applicable tube diameter of inch size
o 1/4 @3/8 @5/16

Knob Inch-size One-Touch fittings

Inch-size One-Touch fittings

N \/

‘) 1 Bracket

Specifications

Valve 2/3 port valve

Fluid Air

Proof pressure 1.5MPa

Maximum operating pressure 1.0MPa

Minimum operating pressure 0.1MPa

Opereting vacume pressure -100kPa (2port valve)

Ambient and fluid temperature 5 to 60°C (No freezing)

Applicable tube material Nylon, Soft nylon, Polyurethane




How to Order

Tube O.D(inch) | Valve model Knob color Bracket Model

5 Gray(Standard) VHK2-07F-07F-X205

Red ( R ) VHK2-07F-07FR-X205

1/47 Blue(Standard) VHK3-07F-07F-X205

3 Red ( R ) VHK3-07F-07FR-X205

Blue(Standard) | Addition VHK3-07F-07FL-X205
Red ( R ) | Addition VHK3-07F-07FRL-X205

3/8” 5 Gray(Standard) VHK2-11F-11F-X209

Red ( R ) VHK2-11F-11FR-X209

5 Gray(Standard) VHK2-09F-09F-X216

5/16” Red ( R ) VHK2-09F-09FR-X216

3 Blue(Standard) VHK3-09F-09F-X216

Red ( R ) VHK3-09F-09FR-X216

Dimensions: mm
VHK2-07F-07F0 -X205
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A Caution: To ensure the safest possible operation of this product, please be sure to read thoroughly the
“Safety Instructions” in our “Best Pneumatics” general catalog before use.
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