
(1) Product specifications 

New model Current model 
Specification 

IRV10 IRV20 IRV1000 IRV2000 IRV3000 

Regulating pressure range -100 to -1.3kPa -100 to -1.3kPa 

Atmospheric intake 

consumption L/min (ANR) 
Within 0.6 Within 0.6 Within 1 

Maximum flow rate 

 L/min (ANR) 
140 240 60 100 150 

Port size 
∅6, ∅8、∅1/4", 

∅5/16" 

∅6, ∅8, ∅10, ∅1/4", 

∅5/16", ∅3/8" 
Rc1/8 Rc1/4 

Rc1/4, 

Rc3/8, Rc1/2 

Weight (without accessories) 135g 250g 120g 270g 700g 

(2) How to Order 
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(3) Dimensions 
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