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IZN10E Series
Nozzle type ionizer



Feature
• Reduced overall length, up to 100 mm.

• Reduced weight, up to 80 g.

Customer Benefit
• Downsize machines, slim and more compact ionizer design.

• Lightweight machines.

Improved features and related benefits
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Current product New product

110 mm 100 mm

Total length 

shortened 

by 10 mm 

33% 

weight reduction 

(reduced by 40 g) 

120 g 80 g



Feature
• High precision LEDs.

Customer Benefit
• Improved visibility of the operating condition:

- Visibility from 2 directions has been improved using a high precision LED. 

- Maintenance timing due to emitter contamination is indicated by a green LED.
- The discharge signal/ION and high voltage abnormality detection / HV are indicated by one LED.  

Improved features and related benefits
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Current product

New product

Normal operation 

Normal operation 

High voltage 

abnormality detection 

High voltage 

abnormality detection 

Maintenance alarm 

detection 

Maintenance alarm 

detection 



Feature
• Standardisation of the connector cover for the power supply cable.

Customer Benefit
• Cost saving, better delivery time.

Improved features and related benefits
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Current product New product

Connector 

cover



Interchangeability 
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Technical details

• Existing power supply cable and bracket installation can be used.  

Existing product

IZN10

Bracket 

IZN10-B1 

Power supply cable 

IZN10-CP 

Can be used as they are 

New product 

IZN10E 

* AC adapter can also be used. 



Interchangeability 
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Technical details

• Mounting dimensions are interchangeable:

- Mounting pitch of the through holes remains 40 mm - Ø3.5 holes. 

- Mounting pitch of the M3 tapped holes in the bottom surface remains at 26 mm. 

A

Current 

product

New 

product

[mm]

Model OLD NEW OLD NEW OLD NEW OLD NEW OLD NEW OLD NEW OLD NEW OLD NEW

IZN10E 11 11 38 38 25 27.7 40 40 113 103 46 46 18.5 18.5 16 16

G HA B C D E F

Difference in specifications
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Interchangeability 
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Technical details

• Nozzle variation is interchangeable.
(IZN10E-06***-* / Can be mounted on the female thread for piping.) 

Circumferential jet bar nozzle 

(Straight type) 

IZN10-G-X278 

Bar nozzle 

(Straight type) 

IZN10-G-*-X216 

Bender tube nozzle 

IZN10-G-*-205 

Long nozzle 

IZN10-G-*-X226 

Circular diffusion 

IZN10-G-X198 

Flat diffusion nozzle 

IZN10-G-X199 

Nozzle variation is interchangeable

Female threads for piping 

IZN10E-11***-* 



Interchangeability 
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Technical details

• The assembly of the ionizer body is not interchangeable. 

Current 

product

New 

product

Body assembly Cartridge assembly Emitter assembly

Body assembly Cartridge assembly Emitter assembly

IZN10-A002-** IZN10-A003-** IZN10-NT

IZN10E-A002-** IZN10E-A003-** IZN10E-NT

Not interchangeable



Standard specifications
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Technical details

• Static neutralisation characteristics are the same as the existing product. 

*Distance between charged plate and ionizer: 100 mm

Energy saving nozzle, air purge: 0.3MPa

High flow rate nozzle, air purge: 0.1MPa

Difference in specifications

IZN10 IZN10E

Corona discharge Corona discharge

High frequency AC type High frequency AC type

2.5kVAC 2.5kVAC

Energy saving nozzle +/-10V +/-10V

High flow  rate nozzle +/-15 V +/-15 V

0.05 to 0.7 MPa 0.05 to 0.7 MPa

24 VDC+/-10% 24 VDC+/-10%

80 mA or less 80 mA or less

20 mm to 500 mm 20 mm to 500 mm

0 to 55 °C 0 to 55 °C

35 to 65% Rh

(With no condensation)

35 to 65% Rh

(With no condensation)

120 g 80 g

Housing ABS, stainless steel ABS, stainless steel

Nozzle Stainless steel Stainless steel

Emitter Tungsten Tungsten

Weight

Material

Pow er supply voltage

Current consumption

Effective static neutralization distance

Ambient temperature（During operation/storage）

Ambient humidity（During operation/storage）

Ion generation method

Voltage application method

Applied voltage

Offset Voltage*

Air purge


